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SPECIFICATION:
1. STANDARD:
UNIT TYPE: BASIC
ORIENTATION: HORIZONTAL, 1U
OUTLET QTY&TYPE: (12) C13
INPUT VOLTAGE: 100-240VAC
INPUT CURRENT: 16A
BREAKER QTY&TYPE: N/A
INPUT PHASE: SINGLE-PHASE
RATED POWER: 3.7kVA
INPUT PLUG: IEC 60309 2P+E 6H 16A
INPUT POWER CORD: 3m [10'], FRONT FEED
REGULATORY STANDARD: RoHS COMPLIANT
NOTES:
1. PRIMARY DIMENSIONS ARE IN MILLIMETERS. SECONDARY DIMENSION
ARE IN INCHES
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